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ASC SCI Stainless Steel Item Number Cross Reference

Description SCI Press Item # Figure No. Viega Item # Victaulic Item #

FKM 90° elbow, 304 stainless steel, P1: ½; P2: ½ 4344000000 SP890 95005 F004586XO5

FKM 90° elbow, 304 stainless steel, P1: ¾; P2: ¾ 4344000010 SP890 95010 F006586XO5

FKM 90° elbow, 304 stainless steel, P1: 1; P2: 1 4344000020 SP890 95015 F010586XO5

FKM 90° elbow, 304 stainless steel, P1: 1¼; P2: 1¼ 4344000030 SP890 95785

FKM 90° elbow, 304 stainless steel, P1: 1½; P2: 1½ 4344000040 SP890 95020 F014586XO5

FKM 90° elbow, 304 stainless steel, P1: 2; P2: 2 4344000050 SP890 95025 F020586XO5

FKM 90° street elbow, 304 stainless steel, P: ½; FTG (IPS): ½ 4344000100 SP899 95030 F004542XO8

FKM 90° street elbow, 304 stainless steel, P: ¾; FTG (IPS): ¾ 4344000110 SP899 95035 F006542XO8

FKM 90° street elbow, 304 stainless steel, P: 1; FTG (IPS): 1 4344000120 SP899 95040 F010542XO8

FKM 90° street elbow, 304 stainless steel, P: 1¼; FTG (IPS): 1¼ 4344000130 SP899 95845

FKM 90° street elbow, 304 stainless steel, P: 1½; FTG (IPS): 1½ 4344000140 SP899 95045 F014542XO8

FKM 90° street elbow, 304 stainless steel, P: 2; FTG (IPS): 2 4344000150 SP899 95050 F020542XO8

FKM 45° elbow, 304 stainless steel, P1: ½; P2: ½ 4344000200 SP845 95055 F004591XO5

FKM 45° elbow, 304 stainless steel, P1: ¾; P2: ¾ 4344000210 SP845 95060 F006591XO5

FKM 45° elbow, 304 stainless steel, P1: 1; P2: 1 4344000220 SP845 95065 F010591XO5

FKM 45° elbow, 304 stainless steel, P1: 1¼; P2: 1¼ 4344000230 SP845 95790

FKM 45° elbow, 304 stainless steel, P1: 1½; P2: 1½ 4344000240 SP845 95070 F014591XO5

FKM 45° elbow, 304 stainless steel, P1: 2; P2: 2 4344000250 SP845 95075 F020591XO5

FKM 45° street elbow, 304 stainless steel, P: ½; FTG (IPS): ½ 4344000300 SP849 95080 F004543XO8

FKM 45° street elbow, 304 stainless steel, P: ¾; FTG (IPS): ¾ 4344000310 SP849 95085 F006543XO8

FKM 45° street elbow, 304 stainless steel, P: 1; FTG (IPS): 1 4344000320 SP849 95090 F010543XO8

FKM 45° street elbow, 304 stainless steel, P: 1¼; FTG (IPS): 1¼ 4344000330 SP849 95850

FKM 45° street elbow, 304 stainless steel, P: 1½; FTG (IPS): 1½ 4344000340 SP849 95095 F014543XO8

FKM 45° street elbow, 304 stainless steel, P: 2; FTG (IPS): 2 4344000350 SP849 95100 F020543XO8

FKM tee, 304 stainless steel, P1: ½; P2: ½; P3: ½ 4344000400 SP820 95105 F004592XO5

FKM tee, 304 stainless steel, P1: ¾; P2: ¾; P3: ½ 4344000420 SP820R 95130 FT13593XO5

FKM tee, 304 stainless steel, P1: ¾; P2: ¾; P3: ¾ 4344000440 SP820 95110 F006592XO5

FKM tee, 304 stainless steel, P1: 1; P2: 1; P3: ½ 4344000460 SP820R 95135 FK46593XO5

FKM tee, 304 stainless steel, P1: 1; P2: 1; P3: ¾ 4344000480 SP820R 95140 FA84593XO5

FKM tee, 304 stainless steel, P1: 1; P2: 1; P3: 1 4344000500 SP820 95115 F010592XO5

FKM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: ½ 4344000520 SP820R 95855

FKM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: ¾ 4344000540 SP820R 95860

FKM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: 1 4344000560 SP820R 95865

FKM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: 1¼ 4344000580 SP820 95795
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FKM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: ½ 4344000600 SP820R 95145 FS31593XO5

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: ¾ 4344000620 SP820R 95150 FB36593XO5

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: 1 4344000640 SP820R 95155 FB37593XO5

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: 1½ 4344000660 SP820 95120 F014592XO5

FKM tee, 304 stainless steel, P1: 2; P2: 2; P3: ½ 4344000680 SP820R 95160 FB71593XO5

FKM tee, 304 stainless steel, P1: 2; P2: 2; P3: ¾ 4344000700 SP820R 95165 FB72593XO5

FKM tee, 304 stainless steel, P1: 2; P2: 2; P3: 1 4344000720 SP820R 95170 FB73593XO5

FKM tee, 304 stainless steel, P1: 2; P2: 2; P3: 1½ 4344000740 SP820R 95175 FB76593XO5

FKM tee, 304 stainless steel, P1: 2; P2: 2; P3: 2 4344000760 SP820 95125 F020592XO5

FKM tee, 304 stainless steel, P1: ¾; P2: ¾; FPT: ½ 4344000800 SP828R 95180 FT13588XO6

FKM tee, 304 stainless steel, P1: ¾; P2: ¾; FPT: ¾ 4344000820 SP828 95185 F006588XO6

FKM tee, 304 stainless steel, P1: 1; P2: 1; FPT: ½ 4344000840 SP828R 95190 FK46588XO6

FKM tee, 304 stainless steel, P1: 1; P2: 1; FPT: ¾ 4344000860 SP828R 95195 FA84588XO6

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: ½ 4344000880 SP828R FS31588XO6

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: ¾ 4344000900 SP828R 95205 FB36588XO6

FKM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: 1 4344000920 SP828R FB37588XO6

FKM tee, 304 stainless steel, P1: 2; P2: 2; FPT: ½ 4344000940 SP828R FB71588XO6

FKM tee, 304 stainless steel, P1: 2; P2: 2; FPT: ¾ 4344000960 SP828R FB72588XO6

FKM tee, 304 stainless steel, P1: 2; P2: 2; FPT: 1 4344000980 SP828R 95225 FB73588XO6

FKM adapter, 304 stainless steel, P: ½; MPT: ½ 4344001000 SP807 95230 F004596XO7

FKM adapter, 304 stainless steel, P: ¾; MPT: ½ 4344001020 SP807R 95235 FA59596XO7

FKM adapter, 304 stainless steel, P: ¾; MPT: ¾ 4344001040 SP807 95240 F006596XO7

FKM adapter, 304 stainless steel, P: 1; MPT: 1 4344001060 SP807 95245 F010596XO7

FKM adapter, 304 stainless steel, P: 1¼; MPT: 1¼ 4344001080 SP807 95830

FKM adapter, 304 stainless steel, P: 1½; MPT: 1½ 4344001100 SP807 95250 F014596XO7

FKM adapter, 304 stainless steel, P: 2; MPT: 2 4344001120 SP807 95255 F020596XO7

FKM adapter, 304 stainless steel, P: ½; FPT: ½ 4344001200 SP808 95260 F004599XO6

FKM adapter, 304 stainless steel, P: ¾; FPT: ¾ 4344001210 SP808 95265 F006599XO6

FKM adapter, 304 stainless steel, P: 1; FPT: 1 4344001220 SP808 95270 F010599XO6

FKM adapter, 304 stainless steel, P: 1¼; FPT: 1¼ 4344001230 SP808 95835

FKM adapter, 304 stainless steel, P: 1½; FPT: 1½ 4344001240 SP808 95275 F014599XO6

FKM adapter, 304 stainless steel, P: 2; FPT: 2 4344001250 SP808 95280 F020599XO6

FKM flange, 304 stainless steel, P: ½; bolt pattern: 4; bolt pattern diameter: 2⅜ 4344001600 SP816 95440 F004595XO4

FKM flange, 304 stainless steel, P: ¾; bolt pattern: 4; bolt pattern diameter: 2¾ 4344001610 SP816 95445 F006595XO4

FKM flange, 304 stainless steel, P: 1; bolt pattern: 4; bolt pattern diameter: 3⅛ 4344001620 SP816 95450 F010595XO4
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FKM flange, 304 stainless steel, P: 1¼; bolt pattern: 4; bolt pattern diameter: 3½ 4344001630 SP816 95870

FKM flange, 304 stainless steel, P: 1½; bolt pattern: 4; bolt pattern diameter: 3⅞ 4344001640 SP816 95455 F014595XO4

FKM flange, 304 stainless steel, P: 2; bolt pattern: 4; bolt pattern diameter: 4¾ 4344001650 SP816 95460 F020595XO4

FKM cap, 304 stainless steel, P: ½ 4344001800 SP800 95390 F004540X05

FKM cap, 304 stainless steel, P: ¾ 4344001810 SP800 95395 F006540X05

FKM cap, 304 stainless steel, P: 1 4344001820 SP800 95400 F010540X05

FKM cap, 304 stainless steel, P: 1¼ 4344001830 SP800 95825

FKM cap, 304 stainless steel, P: 1½ 4344001840 SP800 95405 F014540X05

FKM cap, 304 stainless steel, P: 2 4344001850 SP800 95410 F020540X05

FKM union, 304 stainless steel, P1: ½; P2: ½ 4344002000 SP855 95415 C004584XO5

FKM union, 304 stainless steel, P1: ¾; P2: ¾ 4344002010 SP855 95420 C006584XO5

FKM union, 304 stainless steel, P1: 1; P2: 1 4344002020 SP855 95425 C010584XO5

FKM union, 304 stainless steel, P1: 1¼; P2: 1¼ 4344002030 SP855 95875

FKM union, 304 stainless steel, P1: 1½; P2: 1½ 4344002040 SP855 95430 C014584XO5

FKM union, 304 stainless steel, P1: 2; P2: 2 4344002050 SP855 95435 C020584XO5

FKM coupling, 304 stainless steel, P1: ½; P2: ½ 4344002200 SP804 95285 F004597XO5

FKM coupling, 304 stainless steel, P1: ¾; P2: ¾ 4344002210 SP804 95290 F006597XO5

FKM coupling, 304 stainless steel, P1: 1; P2: 1 4344002220 SP804 95295 F010597XO5

FKM coupling, 304 stainless steel, P1: 1¼; P2: 1¼ 4344002230 SP804 95800

FKM coupling, 304 stainless steel, P1: 1½; P2: 1½ 4344002240 SP804 95300 F014597XO5

FKM coupling, 304 stainless steel, P1: 2; P2: 2 4344002250 SP804 95305 F020597XO5

FKM coupling no stop, 304 stainless steel, P1: ½; P2: ½ 4344002400 SP805 95310

FKM coupling no stop, 304 stainless steel, P1: ¾; P2: ¾ 4344002410 SP805 95315

FKM coupling no stop, 304 stainless steel, P1: 1; P2: 1 4344002420 SP805 95320

FKM coupling no stop, 304 stainless steel, P1: 1¼; P2: 1¼ 4344002430 SP805 95805

FKM coupling no stop, 304 stainless steel, P1: 1½; P2: 1½ 4344002440 SP805 95325

FKM coupling no stop, 304 stainless steel, P1: 2; P2: 2 4344002450 SP805 95330

FKM reducer, 304 stainless steel, FTG (IPS): ¾; P: ½ 4344002800 SP809R 95355

FKM reducer, 304 stainless steel, FTG (IPS): 1; P: ½ 4344002820 SP809R 95360

FKM reducer, 304 stainless steel, FTG (IPS): 1; P: ¾ 4344002840 SP809R 95365

FKM reducer, 304 stainless steel, FTG (IPS): 1¼; P: 1 4344002860 SP809R 95810

FKM reducer, 304 stainless steel, FTG (IPS): 1½; P: ¾ 4344002880 SP809R 95370

FKM reducer, 304 stainless steel, FTG (IPS): 1½; P: 1 4344002900 SP809R 95375

FKM reducer, 304 stainless steel, FTG (IPS): 1½; P: 1¼ 4344002920 SP809R 95815

FKM reducer, 304 stainless steel, FTG (IPS): 2; P: 1 4344002940 SP809R 95380
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FKM reducer, 304 stainless steel, FTG (IPS): 2; P: 1½ 4344002960 SP809R 95385

FKM reducer, 304 stainless steel, P1: ¾; P2: ½ 4344003200 SP804R 95335 FA59594XO8

FKM reducer, 304 stainless steel, P1: 1; P2: ¾ 4344003220 SP804R 95340 FA83594XO8

FKM reducer, 304 stainless steel, P1: 1¼; P2: 1 4344003240 SP804R 95820

FKM reducer, 304 stainless steel, P1: 1½; P2: 1 4344003260 SP804R 95345 FB29594XO8

FKM reducer, 304 stainless steel, P1: 2; P2: 1½ 4344003280 SP804R 95350 FB67594XO8

EPDM 90° elbow, 304 stainless steel, P1: ½; P2: ½ 4344006000 SP890 F004586XE5

EPDM 90° elbow, 304 stainless steel, P1: ¾; P2: ¾ 4344006010 SP890 F006586XE5

EPDM 90° elbow, 304 stainless steel, P1: 1; P2: 1 4344006020 SP890 F010586XE5

EPDM 90° elbow, 304 stainless steel, P1: 1¼; P2: 1¼ 4344006030 SP890

EPDM 90° elbow, 304 stainless steel, P1: 1½; P2: 1½ 4344006040 SP890 F014586XE5

EPDM 90° elbow, 304 stainless steel, P1: 2; P2: 2 4344006050 SP890 F020586XE5

EPDM 90° street elbow, 304 stainless steel, P1: ½; FTG (IPS): ½ 4344006100 SP899 F004542XE8

EPDM 90° street elbow, 304 stainless steel, P1: ¾; FTG (IPS): ¾ 4344006110 SP899 F006542XE8

EPDM 90° street elbow, 304 stainless steel, P1: 1; FTG (IPS): 1 4344006120 SP899 F010542XE8

EPDM 90° street elbow, 304 stainless steel, P1: 1¼; FTG (IPS): 1¼ 4344006130 SP899

EPDM 90° street elbow, 304 stainless steel, P1: 1½; FTG (IPS): 1½ 4344006140 SP899 F014542XE8

EPDM 90° street elbow, 304 stainless steel, P1: 2; FTG (IPS): 2 4344006150 SP899 F020542XE8

EPDM 45° elbow, 304 stainless steel, P1: ½; P2: ½ 4344006200 SP845 F004591XE5

EPDM 45° elbow, 304 stainless steel, P1: ¾; P2: ¾ 4344006210 SP845 F006591XE5

EPDM 45° elbow, 304 stainless steel, P1: 1; P2: 1 4344006220 SP845 F010591XE5

EPDM 45° elbow, 304 stainless steel, P1: 1¼; P2: 1¼ 4344006230 SP845

EPDM 45° elbow, 304 stainless steel, P1: 1½; P2: 1½ 4344006240 SP845 F014591XE5

EPDM 45° elbow, 304 stainless steel, P1: 2; P2: 2 4344006250 SP845 F020591XE5

EPDM 45° street elbow, 304 stainless steel, P: ½; FTG (IPS): ½ 4344006300 SP849 F004543XE8

EPDM 45° street elbow, 304 stainless steel, P: ¾; FTG (IPS): ¾ 4344006310 SP849 F006543XE8

EPDM 45° street elbow, 304 stainless steel, P: 1; FTG (IPS): 1 4344006320 SP849 F010543XE8

EPDM 45° street elbow, 304 stainless steel, P: 1¼; FTG (IPS): 1¼ 4344006330 SP849

EPDM 45° street elbow, 304 stainless steel, P: 1½; FTG (IPS): 1½ 4344006340 SP849 F014543XE8

EPDM 45° street elbow, 304 stainless steel, P: 2; FTG (IPS): 2 4344006350 SP849 F020543XE8

EPDM tee, 304 stainless steel, P1: ½; P2: ½; P3: ½ 4344006400 SP820 F004592XE5

EPDM tee, 304 stainless steel, P1: ¾; P2: ¾; P3: ½ 4344006420 SP820R FT13593XE5

EPDM tee, 304 stainless steel, P1: ¾; P2: ¾; P3: ¾ 4344006440 SP820 F006592XE5

EPDM tee, 304 stainless steel, P1: 1; P2: 1; P3: ½ 4344006460 SP820R FK46593XE5

EPDM tee, 304 stainless steel, P1: 1; P2: 1; P3: ¾ 4344006480 SP820R FA84593XE5
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EPDM tee, 304 stainless steel, P1: 1; P2: 1; P3: 1 4344006500 SP820 F010592XE5

EPDM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: ½ 4344006520 SP820R

EPDM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: ¾ 4344006540 SP820R

EPDM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: 1 4344006560 SP820R

EPDM tee, 304 stainless steel, P1: 1¼; P2: 1¼; P3: 1¼ 4344006580 SP820

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: ½ 4344006600 SP820R FS31593XE5

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: ¾ 4344006620 SP820R FB36593XE5

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: 1 4344006640 SP820R FB37593XE5

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; P3: 1½ 4344006660 SP820 F014592XE5

EPDM tee, 304 stainless steel, P1: 2; P2: 2; P3: ½ 4344006680 SP820R FB71593XE5

EPDM tee, 304 stainless steel, P1: 2; P2: 2; P3: ¾ 4344006700 SP820R FB72593XE5

EPDM tee, 304 stainless steel, P1: 2; P2: 2; P3: 1 4344006720 SP820R FB73593XE5

EPDM tee, 304 stainless steel, P1: 2; P2: 2; P3: 1½ 4344006740 SP820R FB76593XE5

EPDM tee, 304 stainless steel, P1: 2; P2: 2; P3: 2 4344006760 SP820 F020592XE5

EPDM tee, 304 stainless steel, P1: ¾; P2: ¾; FPT: ½ 4344006800 SP828R FT13588XE6

EPDM tee, 304 stainless steel, P1: ¾; P2: ¾; FPT: ¾ 4344006820 SP828 F006588XE6

EPDM tee, 304 stainless steel, P1: 1; P2: 1; FPT: ½ 4344006840 SP828R FK46588XE6

EPDM tee, 304 stainless steel, P1: 1; P2: 1; FPT: ¾ 4344006860 SP828R FA84588XE6

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: ½ 4344006880 SP828R FS31588XE6

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: ¾ 4344006900 SP828R FB36588XE6

EPDM tee, 304 stainless steel, P1: 1½; P2: 1½; FPT: 1 4344006920 SP828R FB37588XE6

EPDM tee, 304 stainless steel, P1: 2; P2: 2; FPT: ½ 4344006940 SP828R FB71588XE6

EPDM tee, 304 stainless steel, P1: 2; P2: 2; FPT: ¾ 4344006960 SP828R FB72588XE6

EPDM tee, 304 stainless steel, P1: 2; P2: 2; FPT: 1 4344006980 SP828R FB73588XE6

EPDM adapter, 304 stainless steel, P: ½; MPT: ½ 4344007000 SP807 F004596XE7

EPDM adapter, 304 stainless steel, P: ¾; MPT: ½ 4344007020 SP807R FA59596XE7

EPDM adapter, 304 stainless steel, P: ¾; MPT: ¾ 4344007040 SP807 F006596XE7

EPDM adapter, 304 stainless steel, P: 1; MPT: 1 4344007060 SP807 F010596XE7

EPDM adapter, 304 stainless steel, P: 1¼; MPT: 1¼ 4344007080 SP807

EPDM adapter, 304 stainless steel, P: 1½; MPT: 1½ 4344007100 SP807 F014596XE7

EPDM adapter, 304 stainless steel, P: 2; MPT: 2 4344007120 SP807 F020596XE7

EPDM adapter, 304 stainless steel, P: ½; FPT: ½ 4344007200 SP808 F004599XE6

EPDM adapter, 304 stainless steel, P: ¾; FPT: ¾ 4344007210 SP808 F006599XE6

EPDM adapter, 304 stainless steel, P: 1; FPT: 1 4344007220 SP808 F010599XE6
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EPDM adapter, 304 stainless steel, P: 1¼; FPT: 1¼ 4344007230 SP808

EPDM adapter, 304 stainless steel, P: 1½; FPT: 1½ 4344007240 SP808 F014599XE6

EPDM adapter, 304 stainless steel, P: 2; FPT: 2 4344007250 SP808 F020599XE6

EPDM flange, 304 stainless steel, P: ½; bolt pattern: 4; bolt pattern diameter: 2⅜ 4344007600 SP816 F004595XE4

EPDM flange, 304 stainless steel, P: ¾; bolt pattern: 4; bolt pattern diameter: 2¾ 4344007610 SP816 F006595XE4

EPDM flange, 304 stainless steel, P: 1; bolt pattern: 4; bolt pattern diameter: 3⅛ 4344007620 SP816 F010595XE4

EPDM flange, 304 stainless steel, P: 1¼; bolt pattern: 4; bolt pattern diameter: 3½ 4344007630 SP816

EPDM flange, 304 stainless steel, P: 1½; bolt pattern: 4; bolt pattern diameter: 3⅞ 4344007640 SP816 F014595XE4

EPDM flange, 304 stainless steel, P: 2; bolt pattern: 4; bolt pattern diameter: 4¾ 4344007650 SP816 F020595XE4

EPDM cap, 304 stainless steel, P: ½ 4344007800 SP800 F004540X05

EPDM cap, 304 stainless steel, P: ¾ 4344007810 SP800 F006540X05

EPDM cap, 304 stainless steel, P: 1 4344007820 SP800 F010540X05

EPDM cap, 304 stainless steel, P: 1¼ 4344007830 SP800

EPDM cap, 304 stainless steel, P: 1½ 4344007840 SP800 F014540X05

EPDM cap, 304 stainless steel, P: 2 4344007850 SP800 F020540X05

EPDM union, 304 stainless steel, P1: ½; P2: ½ 4344008000 SP855 C004584XE5

EPDM union, 304 stainless steel, P1: ¾; P2: ¾ 4344008010 SP855 C006584XE5

EPDM union, 304 stainless steel, P1: 1; P2: 1 4344008020 SP855 C010584XE5

EPDM union, 304 stainless steel, P1: 1¼; P2: 1¼ 4344008030 SP855

EPDM union, 304 stainless steel, P1: 1½; P2: 1½ 4344008040 SP855 C014584XE5

EPDM union, 304 stainless steel, P1: 2; P2: 2 4344008050 SP855 C020584XE5

EPDM coupling, 304 stainless steel, P1: ½; P2: ½ 4344008200 SP804 F004597XE5

EPDM coupling, 304 stainless steel, P1: ¾; P2: ¾ 4344008210 SP804 F006597XE5

EPDM coupling, 304 stainless steel, P1: 1; P2: 1 4344008220 SP804 F010597XE5

EPDM coupling, 304 stainless steel, P1: 1¼; P2: 1¼ 4344008230 SP804

EPDM coupling, 304 stainless steel, P1: 1½; P2: 1½ 4344008240 SP804 F014597XE5

EPDM coupling, 304 stainless steel, P1: 2; P2: 2 4344008250 SP804 F020597XE5

EPDM coupling no stop, 304 stainless steel, P1: ½; P2: ½ 4344008400 SP805

EPDM coupling no stop, 304 stainless steel, P1: ¾; P2: ¾ 4344008410 SP805

EPDM coupling no stop, 304 stainless steel, P1: 1; P2: 1 4344008420 SP805

EPDM coupling no stop, 304 stainless steel, P1: 1¼; P2: 1¼ 4344008430 SP805

EPDM coupling no stop, 304 stainless steel, P1: 1½; P2: 1½ 4344008440 SP805

EPDM coupling no stop, 304 stainless steel, P1: 2; P2: 2 4344008450 SP805

EPDM reducer, 304 stainless steel, FTG (IPS): ¾; P: ½ 4344008800 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 1; P: ½ 4344008820 SP809R
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EPDM reducer, 304 stainless steel, FTG (IPS): 1; P: ¾ 4344008840 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 1¼; P: 1 4344008860 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 1½; P: ¾ 4344008880 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 1½; P: 1 4344008900 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 1½; P: 1¼ 4344008920 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 2; P: 1 4344008940 SP809R

EPDM reducer, 304 stainless steel, FTG (IPS): 2; P: 1½ 4344008960 SP809R

EPDM reducer, 304 stainless steel, P1: ¾; P2: ½ 4344009200 SP804R FA59594XE8

EPDM reducer, 304 stainless steel, P1: 1; P2: ¾ 4344009220 SP804R FA83594XE8

EPDM reducer, 304 stainless steel, P1: 1¼; P2: 1 4344009240 SP804R

EPDM reducer, 304 stainless steel, P1: 1½; P2: 1 4344009260 SP804R FB29594XE8

EPDM reducer, 304 stainless steel, P1: 2; P2: 1½ 4344009280 SP804R FB67594XE8


